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GOT Mobile Function License
for GT SoftGOT2000 Registration
Instructions

Introduction

3. Installation and Uninstallation

3.1 Check before installation

« Log on to the computer as a user with the administrator authority.

« Close all the applications currently running on the Microsoft Windows Operating
System before installation.
If the product is installed while other applications are running, it may not operate
normally.

Thank you for purchasing the GOT Mobile function license for GT SoftGOT2000.
This document explains the product structure, operating environment, and
installation/uninstallation methods of the GOT Mobile function license for GT
SoftGOT2000 (SGT2K-WEBSKEY-1 or SGT2KWEBSKEY-5).

Please read carefully before installing the product on your personal computer.

/\ Notice

@ Reprinting or reproducing a part or all of the contents of this document in any form
for any purpose without the permission of Mitsubishi Electric Corporation is strictly
forbidden.

@ Although we have made the utmost effort to follow the revisions of the software
and hardware, in some cases, the content of this document may not exactly match
the software and hardware.

@ The information in this document is subject to change without notice.

1. Product Structure

Model name Product name Quantity

SGT2K-WEBSKEY-1 |GOT Mobile Function License 1
SGT2K-WEBSKEY-5 |for GT SoftGOT2000 Registration Instructions
(This document)

Software registration notice 1

mF

« Avalid network port is required to register the license.

« Ensure that the computer does not enter power save mode (standby, hibernate,
sleep) while installing the software.

If a warning message of the security software is displayed, continue the installation
by following the on-screen instructions.

This software's copyright is owned by Mitsubishi Electric Corporation.

This product (including manuals) can only be used under the Software License
Agreement.

Before using this product, please read the manual carefully and pay full attention to
safety to handle the product correctly.

3.2 Installation

. Install version 1.265B or later of GT SoftGOT2000 Version1.
For the latest version of GT SoftGOT2000 Version1, contact your local sales office.
2. Double-click setup.exe in the following directory: [(Path to the installation location
of GT SoftGOT2000)\SGT2000\GOTMobile\GOT Mobile Function License for GT
SoftGOT2000].
3. Follow the on-screen instructions and enter any required items.

-

3.3 Uninstallation

In the Windows Control Panel, click [Uninstall a program], select [GOT Mobile Function
License for GT SoftGOT2000], and click the [Uninstall] button.

Intellectual Property Rights

erosoﬂ Windows, Windows Vista, and Windows Server are trademarks or

r trademarks of Microsoft Corporation in the United States and other

Intel and Intel Core are trademarks or registered trademarks of Intel Corporation in the
United States and other countries.
Other company and product names herein are trademarks or registered trademarks of

License certificate Same as the
number of
licenses
. . mT ks
2. Operating Environment
Item Description countries.
Model Personal computer that Windows runs on.
MELIPC (MI5122-VW, MI3321G-W, MI3315G-W, MI2012-W, or
MI2012-W-CL)
OS (English, « Microsoft Windows Server 2019 Standard (64 bit) their respective owners.
Simplified * Microsoft Windows Server 2016 Standard (64 bit)
Chinese, * Microsoft Windows Server 2012 R2 Standard (64 bit)
Traditional * Microsoft Windows 11 Enterpnse (64 blt)
Chinese, * Microsoft Windows 11 Pro (64 bif ) .
Korean, * Microsoft Windows 10 Enterprise (32 bit, 64 blt) 34
German, or + Microsoft Windows 10 Pro (32 bit, 64 bit)™>

ltalian * Microsoft Windows 10 loT Enterprise 2019 LTSC (64 bit) (En |ISh

version) 2 OPK, or English OPK and a language pack for localization) 5

» Microsoft Windows 10 loT Enterprise 2016 LTSB (64 bit) (English
OPK, or English OPK and a language pack for Iocalization)’y“'5

CPU Windows 11: 64 bit-compatible processor with dual-core or more or
System on a Chip (SoC)

Other than Windows 11: Intel Core 2 Duo Processor 2.0 GHz or
more recommended

Memory For Windows 11: 4 GB or more recommended
For 64-bit OS other than Windows 11: 2 GB or more recommended
For 32-bit OS other than Windows 11: 1 GB or more recommended
Display Resolution XGA (1024 x 768 dots) or higher

Hard disk space |For installation: 5 GB or more recommended
For execution: 512 MB or more recommended

Other software | To use the GOT Mobile function with GT SoftGOT2000 Version1,
the following software must be installed.
« GT Designer3 Version1.265B or later
* GT SoftGOT2000 Version1.265B or later

*1 The following functions are not supported.

« Application start in Windows compatibility mode
« Fast user switching
+ Change your desktop themes (fonts)
* Remote desktop
« Setting the size of text and illustrations on the screen to any size other than
[Small-100%)]
*2 Operation in a virtual environment such as Hyper-V is not supported.
*3 The touch feature is not supported.
*4 Operation is not supported in an environment with the text cursor indicator turned

on.
*5 Unified Write Filter is not supported.
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